
























601

1-800-562-5267
(U.S.A. Only)

www.sugatsune.com

LATER
A

L O
PEN

                        C
A

B
IN

ET H
A

R
D

W
A

R
E

Free Swing

Soft Close
from 20°

• �Other “MonoFlat series” available.
		  MonoFlat  FAD-20	 For door weight 20 kg (44 lbs) – P.600~601
		  MonoFlat  LIN-X	 For door weight 24 kg (53 lbs) – P.592~597 
		  MonoFlat  Unison	 For door weight 30 kg (66 lbs) – P.566~567
		  MonoFlat  FAD-44	 For door weight 35 kg (77 lbs) – P.602~603
		  MonoFlat  FAD-54	 For door weight 35 kg (77 lbs) – P.564~565

■ Hinge Dimensions

��Part Details

1set includes both hinge body and mounting plates.

No. Qty Part Name Material / Finish

1 1pc

Hinge Body

• Material
   Aluminum, Polyacetal, Steel
• Finish/Color
   Anodized, Grey, Nickel

2 2pcs

Mounting Plate

• Material/Steel
• Finish/Nickel

	 Door Width 270~350 mm (10-5/8"~13-3/4")
	 Door Height 260~650 mm (10-1/4"~25-9/16")
	 Door Thickness 15~20 mm (19/32"~25/32")
	 Door Weight 5 kg (11 lbs)

Item No. Box (sets)
FAD-5 1

• �Lateral Swing Mechanism
	� Allows doors to swing out laterally in a small radius, ideal for tight front 

space application.
• �Free Swing & Soft-close
• �3-Way Adjustable
• �Various Applications
	 Can be used in single or double door configuration.
	 Ideal for cabinets in kitchen, bathroom, laundry room etc.
	 *For overlay use.

*4mm gap required between doors.
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LATERAL OPENING DOOR SYSTEM (For Light Weight Doors) FAD-5
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■ Various Opening Configurations

	 Inside Door Width 500~550 mm (19-11/16"~21-21/32")
	 Inside Door Height Max. 2420 mm (95-9/32")
	 Door Thickness Max. 35 mm (1-3/8")
	 Door Weight Max. 20 kg (44 lbs) / Door

• �Lateral Opening Mechanism
	� Allows doors to swing out laterally in a small radius, ideal for tight front 

space application.
• �Smooth Movement
	 Built-in gas spring provides a smooth self opening & closing movement.
• �Various applications
	� Can be used in single or double door configuration.
	� Ideal for storage cabinets in kitchen, closet room, bathroom, laundry 

room etc.
	 *For overlay use.

• �Other “MonoFlat series” available.
		  MonoFlat  FAD-5	 For door weight   5 kg (11 lbs) – P. 599
		  MonoFlat  LIN-X	 For door weight 24 kg (53 lbs) – P.592~597
		  MonoFlat  Unison	 For door weight 30 kg (66 lbs) – P.566~567
		  MonoFlat  FAD-44	 For door weight 35 kg (77 lbs) – P.602~603
		  MonoFlat  FAD-54	 For door weight 35 kg (77 lbs) – P.564~565
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LATERAL OPENING DOOR SYSTEM  (For Medium Weight Doors) FAD-20
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Lateral Opening Door Systems 
Sugatsune’s Lin-X systems were designed to open in a lateral direction giving you more space in front of doors 
and cabinets and allowing for full access in corner applications. The Lin-X systems are easy to install with no 
tracks or rails needed. Doors will never slam with the soft-close dampers and the free-stop capability allows 

for the doors to stop at any opening desired. 

Visit www.sugatsune.com to see our full product lineup or to request a catalog. 

Get Full Access to Corner Cabinets

Part Details
No. 1 2 3 4 5 6 7

Name Arm A Arm B Connecting Bar Door Bracket (Top) Door Bracket (Bottom) Bar Clamp End Cap

Qty. / Set 1 pc 1 pc 1 pc 1 pc 1 pc 2 pcs 2 pcs

Discription

• Material
   Aluminum, Steel

• Finish/Color
   Silver

• Material
   Aluminum, Steel

• Finish/Color
   Silver

• Material/Steel

• Finish/Color
   Silver

• Material/Steel

• Finish/Color
   Silver

• Material/Steel

• Finish/Color
   Silver

• Material/Steel

• Finish/Color
   Silver

• Material
   Polyethylene

• Finish/Color
   Black
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DSR213-RECESSEDDSR701-RECESSED/SURFACE

•	� Installed at time of production to prevent door from warping.
•	� Adjustors installed 60 mm from the top and bottom of the door.
•	� Partially Recessed Door Straightener with Cover Caps.
•	�� ±10mm adjustment can be made from the top of the door with a M4 Allen 

Key(included) or from the back of the door with a M8 slot wrench (included).
•	� Min. door thickness 16 mm (5/8”)
•	 �Requires 8 M4 (U.S. #8) flathead contersunk wood screws for installation.
•	� Note: Sold in Boxes of 25 pieces.

•	� Installed post-production to fix warped doors.
•	� Must run complete height of door.
•	� Can be partially recessed or surface mounted to the back of the door.
•	� ±10mm adjustment can be made from the top of the door with a M4 Allen 

Key (included).
•	� Min. door thickness 16 mm (9/16”).
•	� Requires M4 (U.S. #8) flathead wood countersunk screws for partially 

recessed installation or wood panhead screws for surface installation.
•	� Can be cut from the bottom up to 400mm.
•	� Note: Sold in Boxes of 10 pieces.

M4
Allen 
Key

M8 slot 
wrench

Item No. Min. Door  
Thickness

Adjust  
(mm)

Length  
Min-Max (A)

Box  
(pcs) Materials Finish

DSR701-1830/B-10

5/8" ± 3/8"
56-5/16"~72-1/16"

10
Rod: Steel 

Casing:  
Aluminum

Black
DSR701-1830/S-10 Silver
DSR701-2200/B-10

70-7/8" ~ 86-5/8"
Black

DSR701-2200/S-10 Silver

Item No. Min. Door  
Thickness Adjust Center Distance (A) Door Length

DSR213-1524-25

5/8" ± 3/8"

43-7/16" ~ 60" 48-3/16" ~ 64-3/4"
DSR213-1930-25 59-7/16" ~ 76" 64-3/16" ~ 80-11/16"
DSR213-2330-25 75-3/16" ~ 91-3/4" 79-15/16" ~ 96-7/16"
DSR213-2700-25 89-3/4" ~ 106-5/16" 94-1/2" ~ 111"

Box 
(pcs) Materials Finish

25

Rod: Steel, Plain
Adjuster: Zinc Nickel

Covers: PVC Plastic,  
PPT Plastic White

Plastic cover  
caps included

±1
0

±1
0

PARTIALLY RECESSED

SURFACE

Adjustment  
with M4  

Allen Key

Adjustment  
with M4  

Allen Key
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•	� Installed at time of production to prevent door from warping.
•	� Adjustors installed 60 mm from the top and bottom of the door.
•	� Fully concealed/hidden door straightener. Recessed mounted  under laminate.
•	� ±10mm adjustment can be made from the top of the door with a M4 Allen Key 

(included).
•	� Min. door thickness 12mm (1/2”).
•	� Optional mounting holes to secure door straighner to door using 4 M4 (U.S. #8) 

flathead contersunk wood screws.
•	� Note: Sold in Boxes of 25 pieces.

•	� Installed at time of production to prevent door from warping.
•	� Adjustors installed 60 mm from the top and bottom of the door.
•	� Fully Concealed/Hidden Door Straightener.  Recess mounted under 

laminate.
•	� ±10mm adjustment can be made from the top of the door with a M4 Allen 

Key (included).
•	� Min. door thickness 18mm (11/16”).
•	� Pressure-fit into place, screws not needed for installation.
•	� Note: Sold in Boxes of 25 pieces.

DSR423-CONCEALED DSR403-CONCEALED

Item No. Min. Door  
Thickness Adjust Center Distance (A) Door Length

DSR423-1524-25

1/2" ±3/8"

43-7/16" ~ 60" 48-3/16" ~ 64-3/4"
DSR423-1930-25 59-7/16" ~ 176" 64-3/16" ~ 80-11/16"
DSR423-2300-25 74" ~ 90-9/16" 78-3/4" ~ 95-1/4"
DSR423-2700-25 89-3/4" ~ 106-5/16" 94-1/2" ~ 111"

Item No. Min. Door  
Thickness Adjust Center Distance (A) Door Length

DSR403-1524-25

11/16" ±3/8"

43-7/16" ~ 60" 48-3/16" ~ 64-3/4"
DSR403-1930-25 59-7/16" ~ 176" 64-3/16" ~ 80-11/16"
DSR403-2300-25 74" ~ 90-9/16" 78-3/4" ~ 95-1/4"
DSR403-2700-25 89-3/4" ~ 106-5/16" 94-1/2" ~ 111"

Box  
(pcs) Materials Finish

25
Rod: Steel Plain

Adjuster: Zinc Nickel

Box  
(pcs) Materials Finish

25
Rod: Steel Plain

Adjuster: Zinc Nickel

60

A A
60

Laminate Cover

60

A A
60

Laminate Cover
Laminate 
Cover

A

A
60

60

±1
0

M4
Allen 
Key

M4
Allen 
Key
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● Material
	   Zinc Alloy (Body)
	   Polyacetal (Roller)
● Finish/Color
	   Yellow Zinc Chromate (Body)
	   White (Roller)

● Material
	   Zinc Alloy
● Finish/Color
	   Chrome

*1 pair (Left / Right) per set

● Material
	   Zinc Alloy
● Finish/Color
	   Chrome

*4 pcs per set (for 2 glass doors)

● Material
	   Zinc Alloy
● Finish/Color
	   Chrome

*24 key changes (2 keys Included)

● Material
	   ABS
● Finish/Color
	   Black

*Length: 1200 mm (47-1/4")

● Material
	   Aluminum
● Finish/Color
	   Plain

*Length: 1200 mm (47-1/4 ")

Part Details

16
15

Order 
Quantity No. Item No. Part Name Dimensions Description

4 ea 57-3149-071 Upper
Roller

1 set XL-GC06-C Upper 
Bracket See P.605

1 ea XL-GC03-C Lock See P.605

1 pair XL-GC08-C
Bottom 
Guide 

Bracket
See P.605

1 ea XL-GC06-UL1200N Upper
Rail

1 ea XL-GC03-GL 1200 Bottom
Rail

Door Width Max. 500 mm (19-11/16")
Door Height Max. 1200 mm (47-1/4")
Door Weight Max. 12 kg (26.5 lbs) / Per Door

Glass Thickness 8 mm (5/16")

• �Installation example: Double bypass doors. 
 (Refer to order quantity below)
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Bore Dimension

XL-GC SERIES (FOR SLIDING DOORS)

SpecialityCabinet_2021-0208.indd   606SpecialityCabinet_2021-0208.indd   606 4/27/21   4:21 PM4/27/21   4:21 PM



607

1-800-562-5267
(U.S.A. Only)

www.sugatsune.com

SPEC
IA

LITY C
A

B
IN

ET H
A

R
D

W
A

R
E

No. Part Name Material Finish/Color
➀ Body Zinc Alloy

Chrome
➁ Backplate Steel
➂ Spacer Synthetic Rubber Clear
➃ Screws 304 Stainless Steel Plain
➄ Bolt Steel Clear Zinc Chromate

No. Part Name Material Finish/Color
➀ Body Zinc Alloy Chrome
➁ Spacer Synthetic Rubber Black
➂ Screws 304 Stainless Steel Plain

No. Part Name Material Finish/Color
➀ Body

Zinc Alloy Chrome
➁ Strike
➂ Spacer Synthetic Rubber Black
➃ Screws 304 Stainless Steel Plain
➄ Key Brass Nickel

Item No. Glass Thickness (mm) Weight (g) Box (pairs) Carton (pairs)
XL-GC08-C 8 (5/16") 360 1 24

Item No. Glass Thickness
(mm)

Load Capacity
(kg)

Weight
(g)

Box
(sets)

Carton
(sets)

XL-GC06-C 8 (5/16") 12 (26.5 lbs) / Door 400 1 24

Item No. Glass Thickness
(mm) Key Changes Key

(pcs)
Weight

(g)
Box
(pcs)

Carton
(pcs)

XL-GC03-C 8 (5/16") 24 2 351 1 24

• �1pair (Left / Right) per set

• �4 pcs per set
• �Roller (53-3061-081) sold separately.
• �Door Size: Max. W500 x H1200 x t8mm

• �Key hole located on the side for clean appearance.
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Cut Out Dimension

Cut Out Dimension

Cut Out Dimension (Body)

Cut Out Dimension (Strike)

GLASS LOCK (FOR SLIDING DOOR) XL-GC03

UPPER BRACKET (FOR SLIDING DOOR) XL-GC06

BOTTOM GUIDE BRACKET (FOR SLIDING DOOR) XL-GC08
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180˚ Rotating

■ Cabinet Preparation

■ Rotating Clearance

Assembly Wrench (Sold separately)

• �Innovative "reversible" cabinet system rotates 180˚ for easy access to 
 both sides.

• �3 model types available: Inset Wall Type (NC), Floor Type (ST), and 
 Floor-to-Ceiling Type (CH).

• �Stainless steel frame can be cut to length to accommodate cabinets of 
 various heights.

• �Useful for a variety of storage and display installations in residential and 
 retail settings.

	 Cabinet Width Max. 680 mm (26-3/4")
	 Cabinet Height Max. 1930 mm (76")

	 Total Height
RB-600-NC--- Cabinet Height + 230 (9-1/16")
RB-600-ST--- Cabinet Height + 435 (17-1/8")

RB-600-CH--- Cabinet Height + 600 (26")
	 Cabinet Depth 300 mm (11-13/16")
	 Load capacity Max. 75 kg (165 lbs) **incl. cabinet**

Item No. Installation Material/Finish
RB-600-NC Inset Wall/Cabinet

304 Stainless Steel/SatinRB-600-ST Floor
RB-600-CH Floor-to-Ceiling

Item No.
Z059
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180˚ ROTATING CABINET SYSTEM RB-600
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■ RB-600-NC, Inset Wall / Cabinet

■ RB-600-CH, Installation - Floor-to-Celing

Max. cabinet height: 1925 mm (75-3/4")

Max. cabinet height: 1925 mm (75-3/4")

Max. cabinet height: 1925 mm (75-3/4")

■ Detail-A

■ Detail-B

■ RB-600-ST, Installation - Floor
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