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360-P4W-30T

360-P4W-32T

360-P6WT

MOUNTING PLATES 2 HOLES
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Standard +5mm Pre-mounted screw
(holes ø5, min. 8.5 depth)

screw size 6.5×12

Item name Type Height Adjust. Material Finish Carton

360-P4W-30T Standard

±2.5mm Steel Nickel 400pcs360-P4W-30T+5 +5mm

360-P4W-30T-DS Pre-mounted screw

MOUNTING PLATES 2 HOLES
Standard +5mm Pre-mounted screw

(holes ø5, min. 8.5 depth)
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MOUNTING PLATES 4 HOLES 
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H=194xø4

Standard +5mm +7.5mm

Item name Type Height Adjust Material Finish Carton

360-P4W-32T Standard

±2.5mm Steel Nickel 400pcs360-P4W-32T+5 +5mm

360-P4W-32T-DS Pre-mounted screw

Item name Type Height Adjust Material Finish Carton

360-P6WT Standard

±2.5mm Steel Nickel 400pcs360-P6WT+5 +5mm

360-P6W-30-32T +7.5mm

•  Value of H for inset installation is 
"door thickness + 17 mm".

•   When using with the GH-360FP, value 
of H is "door thickness + 19 mm"

•  Value of H for inset installation is 
"door thickness + 17 mm".

•   When using with the GH-360FP, value 
of H is "door thickness + 19 mm"

For the standard and +5mm types:
• Value of H for inset installation is "door thickness + 24 mm".
• When using with the GH-360FP, value of H is "door thickness + 26 mm"
For the +7.5mm type:
• Value of H for inset installation is "door thickness + 16.5 mm".
• When using with the GH-360FP, value of H is "door thickness + 18.5 mm".
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