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Right-Hand Opening

Right-Hand Opening

RightLeft

LIFT-OFF HINGE

LIFT-OFF HINGE NH-40

KN

Item No.
t Weight (g) Box (pcs) Carton (pcs)

Left Right
NH-40L/SS NH-40R/SS 1.5 21 150 600

Item No.
H W P1 P2 P3 D1 D2 d t Weight (g) Box (pcs) Carton (pcs)

Left Right
KN-50L/SS KN-50R/SS  50 (1-31/32")  32 (1-17/64") 5.0 20 21

7.5
4 3.2

1.5
32

100 400
KN-64L/SS KN-64R/SS  64 (2-33/64")  36 (1-27/64") 8.0 24

24
44

KN-75L/SS KN-75R/SS  75 (2-61/64")  38 (  1-1/2"  ) 7.5 30 8.5 2.0 64 50 200

Material Finish
304 Stainless Steel Polished

Material Finish
304 Stainless Steel Polished

•  Handed: Specific left and right hand mounting.
•  Load capacity: 4~6 kg/Pair (8.8-13.2lbs/pair)

•  Handed: Specific left and right hand mounting.
•  Load capacity: 4~6 kg/Pair (8.8-13.2lbs/pair)

LIFT-OFF HINGE SNR65

SNR65

Item No.
Material Load Capacity (kgf/2pcs) Weight (g) Box (pcs)

Left Right
SNR65L SNR65R 304 Stainless Steel 18 (39.6 lbs) 76 200

•  Handed: Specific left and right hand mounting.
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