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Item No. Finish Weight (g) Box (pcs) Carton (pcs)
PK-03/CR Chrome

67 20 200
PK-03/BN Black Nickel

Door Thickness H (Counterbore)
15 - 25 mm None
26 - 35 mm H=Door Thickness-25

Material Finish/Color
Zinc Alloy Black Nickel (BN)/Chrome (CR)

ABS Black

Item No. Material Finish D D1 H h Weight (g) Box (pcs) Carton (pcs)
KK-T24SNI

Aluminum Alloy

Nickel + Silver Ion Coating

24
(15/16") 16 23

(29/32") 1.5 10

25 200

KK-T24SSG Satin Gold + Silver Ion Coating
KK-T24SBR Brown + Silver Ion Coating
KK-T24BL Black
KK-T28SNI Nickel + Silver Ion Coating

28
(1-3/32") 20 26

(1-1/32") 2.0 20
KK-T28SSG Satin Gold + Silver Ion Coating
KK-T28SBR Brown + Silver Ion Coating
KK-T28BL Black

Item No. Material Finish D D1 H Weight (g) Box (pcs) Carton (pcs)
KK-B20SNI

Aluminum Alloy

Nickel + Silver Ion Coating
20

(25/32") 13 26
(1-1/32") 10

25 200

KK-B20SSG Satin Gold + Silver Ion Coating
KK-B20SBR Brown + Silver Ion Coating
KK-B25SNI Nickel + Silver Ion Coating

25
(63/64") 16 30

(1-3/16") 25KK-B25SSG Satin Gold + Silver Ion Coating
KK-B25SBR Brown + Silver Ion Coating

•  Knob closes flush when pushed in and not in use.
•  Press the knob to pop out and use it to open the door.
•  For door thickness 15~20 mm. (19/32"~1")
•  Can be used on thickness up to 35 mm (1-3/8") by
   counter boring.
•  Push knobs with latches available on pages 195~199.

•  Silver ion coated on all finishes except black.

• Silver ion coated. 
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