
415
C

A
S

T
E

R
S

 &
 LE

V
E

LIN
G

 G
LID

E
S

vol.13

LAMP BRAND
by SUGATSUNE

Un-leveled floor
adjustment

PAT.P

Article No. 

SAJ30-12M10
SAJ30-12M8
SAJ30-12M6
SAJ30-12N3
SAJ30-12N2.5
SAJ30-10M10
SAJ30-10M8
SAJ30-10M6
SAJ30-10N3
SAJ30-10N2.5

φD H T S d Weight (g)

32 37 19 11 M10 x 1.5 38
32 33 19 9 M8 x 1.25 25
32 34 19 10 M6 x 1.0 21
32 37 19 12 W3/8 36
32 33 19 9 W5/16 26
32 37 19 11 M10 x 1.5 38
32 33 19 9 M8 x 1.25 25
32 34 19 10 M6 x 1.0 21

18-36 kg

10-18 kg

15-30 kg

8-15 kg

12-24 kg

7-12 kg
32 37 19 12 W3/8 36
32 33 19 9 W5/16 26

Load Capacity
 (kg)

50

6 pcs use 5 pcs use 4 pcs use

Table Weight

SUGATSUNE KOGYO CO., LTD.
Export Department
1-8-11 Higashikanda, Chiyodaku, Tokyo, 101-8633 Japan

PHONE ＋ 81-3-3866-2260
FAX ＋ 81-3-3866-4447
E-mail  export@sugatsune.co.jp
http://www.sugatsune.co.jp
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LAMP BRAND
by SUGATSUNE

Un-leveled floor
adjustment

PAT.P

Article No. 

SAJ30-12M10
SAJ30-12M8
SAJ30-12M6
SAJ30-12N3
SAJ30-12N2.5
SAJ30-10M10
SAJ30-10M8
SAJ30-10M6
SAJ30-10N3
SAJ30-10N2.5

φD H T S d Weight (g)

32 37 19 11 M10 x 1.5 38
32 33 19 9 M8 x 1.25 25
32 34 19 10 M6 x 1.0 21
32 37 19 12 W3/8 36
32 33 19 9 W5/16 26
32 37 19 11 M10 x 1.5 38
32 33 19 9 M8 x 1.25 25
32 34 19 10 M6 x 1.0 21

18-36 kg

10-18 kg

15-30 kg

8-15 kg

12-24 kg

7-12 kg
32 37 19 12 W3/8 36
32 33 19 9 W5/16 26

Load Capacity
 (kg)

50

6 pcs use 5 pcs use 4 pcs use

Table Weight

SUGATSUNE KOGYO CO., LTD.
Export Department
1-8-11 Higashikanda, Chiyodaku, Tokyo, 101-8633 Japan

PHONE ＋ 81-3-3866-2260
FAX ＋ 81-3-3866-4447
E-mail  export@sugatsune.co.jp
http://www.sugatsune.co.jp

vol.13

LAMP BRAND
by SUGATSUNE

Un-leveled floor
adjustment

PAT.P

Article No. 

SAJ30-12M10
SAJ30-12M8
SAJ30-12M6
SAJ30-12N3
SAJ30-12N2.5
SAJ30-10M10
SAJ30-10M8
SAJ30-10M6
SAJ30-10N3
SAJ30-10N2.5

φDHTSdWeight (g)

32371911M10 x 1.538
3233199M8 x 1.25 25
32341910M6 x 1.021
32371912W3/836
3233199W5/1626
32371911M10 x 1.538
3233199M8 x 1.25 25
32341910M6 x 1.021

18-36 kg

10-18 kg

15-30 kg

8-15 kg

12-24 kg

7-12 kg
32371912W3/836
3233199W5/1626

Load Capacity
 (kg)

50

6 pcs use5 pcs use4 pcs use

Table Weight

SUGATSUNE KOGYO CO., LTD.
Export Department
1-8-11 Higashikanda, Chiyodaku, Tokyo, 101-8633 Japan

PHONE＋81-3-3866-2260
FAX ＋81-3-3866-4447
E-mail  export@sugatsune.co.jp
http://www.sugatsune.co.jp

LOAD LOAD

vol.13

LAMP BRAND
by SUGATSUNE

Adjusts to
uneven floor

PAT.P

Article No. 

SAJ30-12M10
SAJ30-12M8
SAJ30-12M6
SAJ30-12N3
SAJ30-12N2.5
SAJ30-10M10
SAJ30-10M8
SAJ30-10M6
SAJ30-10N3
SAJ30-10N2.5

φD H T S d Weight (g)

32 37 19 11 M10 x 1.5 38
32 33 19 9 M8 x 1.25 25
32 34 19 10 M6 x 1.0 21
32 37 19 12 W3/8 36
32 33 19 9 W5/16 26
32 37 19 11 M10 x 1.5 38
32 33 19 9 M8 x 1.25 25
32 34 19 10 M6 x 1.0 21

18-36 kg

10-18 kg

15-30 kg

8-15 kg

12-24 kg

7-12 kg
32 37 19 12 W3/8 36
32 33 19 9 W5/16 26

Load Capacity
 (kg)

50

6 pcs use 5 pcs use 4 pcs use

Table Weight

SUGATSUNE KOGYO CO., LTD.
Export Department
1-8-11 Higashikanda, Chiyodaku, Tokyo, 101-8633 Japan
PHONE ＋ 81-3-3866-2260
FAX ＋ 81-3-3866-4447
E-mail  export@sugatsune.co.jp
http://www.sugatsune.co.jp

Item No. Height
Adjustment (mm) D H T S d

Applicable Table Weight Load Capacity
(kg) Weight (g) Box

(pcs)
Carton
(pcs)6 pcs use (kg) 5 pcs use (kg) 4 pcs use (kg)

SAJ30-10N2.5

3 ( 1/8"  )

32
(1-17/64")

33 (1-19/64")

19
(  3/4" )

9 (23/64") W5/16

10~18
(22~39 lbs)

8~15
(17~33 lbs)

7~12
(15~26 lbs)

50
(110 lbs)

26

40 400

SAJ30-10N3 37 (1-29/64") 12 (15/32") W3/8 36
SAJ30-10M6 34 (1-11/32") 10 (25/64") M6 21
SAJ30-10M8 33 (1-19/64") 9 (23/64") M8 25
SAJ30-10M10 37 (1-29/64") 11 ( 7/16" ) M10 38
SAJ30-12N2.5 33 (1-19/64") 9 (23/64") W5/16

18~36
(39~79 lbs)

15~30
(33~66 lbs)

12~24
(26~24 lbs)

26
SAJ30-12N3 37 (1-29/64") 12 (15/32") W3/8 36
SAJ30-12M6 34 (1-11/32") 10 (25/64") M6 21
SAJ30-12M8 33 (1-19/64") 9 (23/64") M8 25
SAJ30-12M10 37 (1-29/64")

11 ( 7/16")
M10 38

SAJ30-12-6N2.5

6 (15/64")

42 (1-21/32")

24
(15/16")

W5/16 29
SAJ30-12-6N3 W3/8 39
SAJ30-12-6M6 44 (1-47/64") 12 (15/32") M6 29
SAJ30-12-6M8 42 (1-21/32")

10 (25/64")
M8 22

SAJ30-12-6M10 41 (1-39/64") M10 41

Part Name Material Finish/Color
Body Polyethlene Black

Nut (10)
Steel

Yellow Zinc Chomate
Nut (12)

Chomate
Screw

Part Name Material Finish Box (pcs) Carton (pcs)

SAJ-WRENCH14
(For N2.5)

Steel Chromate 1 40
SAJ-WRENCH17

(For N3)

SAJ30-12N SAJ30-10N

SAJ-WRENCH

• �Self height adjustment feature up to 3 mm (1/8") & 6 mm (15/64").
• �Gel inside of the glide allows for gentle adjustment to uneven 

surfaces.
• �Automatically adjusts each time the table is moved.
• �Ideal for tables which are frequently moved. (e.g. Restaurants, 

Cafeteria, shop etc.)

SELF ADJUSTING LEVELING GLIDE SAJ30
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50 kg
110 lbs


