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Item No. Type Material Finish/Color W1 W2 Weight (g) Carton (pcs)
HES3D-120BKT-D For Door Steel Zinc 

Chromate
59/64" (23.3 mm) 13/16" (20.5 mm) 58 50

HES3D-120BKT-F For Frame 1" (25.3 mm) 57/64" (22.5 mm) 58 50
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Door thickness Min. 1-17/64" (32 mm)
*Dimensions: For flat surface in case of 1.6 mm thick sheet metal.
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*Dimensions: For flat surface in case of 1.6 mm thick sheet metal.

Installation

HES3D-120 STEEL MOUNTING BRACKET HES3D-120BKT

Item No. Type Material Finish/Color W1 W2 Weight (g) Carton (pcs)
HES3D-E190BKT-D For Door Steel Zinc 

Chromate
1-17/64" (32.3 mm) 1-5/32" (29.5 mm) 135 50

HES3D-E190BKT-F For Frame 1-11/32" (34.3 mm) 1-15/64" (31.5 mm) 135 50
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Door thickness Min. 1-39/64" (41 mm)
*Dimensions: For flat surface in case of 1.6 mm thick sheet metal.
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*Dimensions: For flat surface in case of 1.6 mm thick sheet metal.

Installation

HES3D-E190 STEEL MOUNTING BRACKET HES3D-E190BKT

For use with HES3D-120 on steel doors and frame.

For use with HES3D-E190 on steel doors and frame.
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