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(11-13/16”~19-11/16”) 

44
(1-47/64”)
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Item No.

DKIT-2/20-1

Item No.

DKIT-4/20-1

Item No.

DKIT-5/20

Item No.

DKIT-2/30-1

Item No.

DKIT-4/30-1

Item No.

DKIT-5/30
20

   18

65 (2-9/16”)

30

   25

90 (3-9/16”)

Item No.
L C

Interior Exterior

5 DSI-2000-30-25I DSI-2000-30-25E 550 (21-5/8") 250 (9-7/8")

6 DSI-2000-30-35I DSI-2000-30-35E 650 (25-9/16") 350 (13-3/4")

7 DSI-2000-30-45I DSI-2000-30-45E 750 (29-1/2") 450 (17-3/4")

8 DSI-2000-30-60I DSI-2000-30-60E 900 (35-7/16") 600 (23-5/8")

Item No. L C D1 D2

9 SSH-2540 400 (15-3/4") 316 (12-7/16")

19 2510 SSH-2560 600 (23-5/8") 516 (20-5/16")

11 SSH-2580 800 (31-1/2") 716 (28-3/16")

12 SSH-3240 400 (15-3/4") 316 (12-7/16")

25 3213 SSH-3260 600 (23-5/8") 516 (20-5/16")

14 SSH-3280 800 (31-1/2") 716 (28-3/16")

• Ideal for high corrosive
environments and machinery
applications.

• Designed for applications
where a heavy duty handle is
required.

• Screw size:  M8

Item No.

DKIT-2/30-1
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Item No.
L C

Interior Exterior

1 DSI-3310-15-15I DSI-3310-15-15E  165 (6-1/2")  150 (5-29/32")

2 DSI-3310-15-20I DSI-3310-15-20E  215 (8-1/2")  200 (7-7/8")

3 DSI-3310-15-30I DSI-3310-15-30E  315 (12-3/8")  300 (11-13/16")

15

55 (2-3/16”)

20

65 (2-9/16”)

30

90 (3-9/16”)

Item No.
L C

Interior Exterior

7 DSI-3310-30-25I DSI-3310-30-25E  280 (11")  250 (9-27/32")

8 DSI-3310-30-30I DSI-3310-30-30E  330 (12")  300 (11-13/16")

9 DSI-3310-30-35I DSI-3310-30-35E  380 (14-15/16")  350 (13-25/32")

10 DSI-3310-30-60I DSI-3310-30-60E  630 (24-13/16")  600 (23-5/8")

Item No.
L C

Interior Exterior

4 DSI-3310-20-20I DSI-3310-20-20E  220 (8-11/16")  200 (7-7/8")

5 DSI-3310-20-25I DSI-3310-20-25E  270 (10-5/8")  250 (9-27/32")

6 DSI-3310-20-30I DSI-3310-20-30E  320 (12-5/8")  300 (11-13/16")

Item No.

DKIT-2/15-1

Item No.

DKIT-4/15-1

Item No.

DKIT-5/15

Item No.

DKIT-2/20-1

Item No.

DKIT-4/20-1

Item No.

DKIT-5/20

Item No.

DKIT-2/30-1

Item No.

DKIT-4/30-1

Item No.

DKIT-5/30
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Item No.
L C

Interior Exterior

1 DSI-4400-15-15I DSI-4400-15-15E  165 (6-1/2")  150 (5-29/32")

2 DSI-4400-15-20I DSI-4400-15-20E  215 (8-1/2")  200 (7-7/8")

3 DSI-4400-15-30I DSI-4400-15-30E  315 (12-3/8")  300 (11-13/16")

Item No.
L C

Interior Exterior

4 DSI-4400-20-20I DSI-4400-20-20E  220 (8-11/16")  200 (7-7/8")

5 DSI-4400-20-25I DSI-4400-20-25E  270 (10-5/8")  250 (9-27/32")

6 DSI-4400-20-30I DSI-4400-20-30E  320 (12-5/8")  300 (11-13/16")

Item No.
L C

Interior Exterior

7 DSI-4400-30-25I DSI-4400-30-25E  280 (11")  250 (9-27/32")

8 DSI-4400-30-30I DSI-4400-30-30E  330 (12")  300 (11-13/16")

9 DSI-4400-30-35I DSI-4400-30-35E  380 (14-15/16")  350 (13-25/32")

10 DSI-4400-30-60I DSI-4400-30-60E  630 (24-13/16")  600 (23-5/8")

Item No.

DKIT-2/15-2

Item No.

DKIT-4/15-2

Item No.

DKIT-5/15

Item No.

DKIT-2/20-2

Item No.

DKIT-4/20-2

Item No.

DKIT-5/20

Item No.

DKIT-2/30-2

Item No.

DKIT-4/30-2

Item No.

DKIT-5/30
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Item No.
L C

Interior Exterior

1 DSI-3330-30-30I DSI-3330-30-30E 320 (12-19/32") 300 (11-13/16")

2 DSI-3330-30-50I DSI-3330-30-50E 520 (20-15/32") 500 (19-11/16")

Item No. L C

3 RH-760 786 (30-15/16") 760 (29-59/64")

(2
-9
/1
6”
)

Item No. L C

4 MP- 500 500 (19-11/16") 464(18-17/64")
5 MP- 750 750 (29-17/32") 714 (28-7/64")
6 MP-1000 1000 (39-3/8") 964 (37-61/64")

Item No.

DKIT-2/30-1

Item No.

DKIT-4/30-1

Item No.

DKIT-5/30

• Low Profile design helps to eliminate tight 
space issues. 

• Designed for applications where a heavy 
duty handle is required. 

• Screw size:  M5

• Ideal for harsh and high corrosive environments.
• Designed for applications where a heavy duty 

handle is required.
• This handle is installed from the front side.
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Item No.
L C H

Interior Exterior

7 DSI-1630-30-25I DSI-1630-30-25E  314 ( 12-3/8" )  250 ( 9-7/8" )  66 ( 2-19/32" )

8 DSI-1630-30-35I DSI-1630-30-35E  430 ( 16-15/16" )  350 ( 13-3/4" )  74 ( 2-29/32" )

9 DSI-1630-30-45I DSI-1630-30-45E  542 ( 21-5/16" )  450 ( 17-3/4" )  80 ( 3-5/32" )

10 DSI-1630-30-60I DSI-1630-30-60E  721 ( 28-3/8" )  600 ( 23-5/8" )  79 ( 3-7/64" )

Item No. L C R

1 SOR-400/S 4 SOR-400/BL (390) (15-23/64")  335 (13-3/16") 350

2 SOR-600/S 5  SOR-600/BL (600) (  23-5/8"  )  522 (20-35/64") 790

3 SOR-800/S 6 SOR-800/BL (816) (  32-1/8"  )  710 (27-61/64") 1440

Item No.

DKIT-2/30-1

Item No.

DKIT-4/30-1

Item No.

DKIT-5/30

• Ideal for application where a large 
handle is the solution. 

• Screw size: 
         M6 (400 and 600)
         M8 (800)
• Maximum screw depth:  10mm
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Picture Item No.

XL-MT120-H/U
(FOR GLASS DOOR)

HR-35
(LEVER BOLT)

HC-30R
(LEVER BOLT)

HC-30

HC-30H
(W/INDICATOR)

HC-30L

HC-30HL
(W/INDICATOR)

HC-70

HC-70H
(W/INDICATOR)

HC-65

HHC-85

HC-85

Picture Item No. Page

DSI-4251 22-23

DSI-4253 22-23

DSI-3250 22-23

DSI-4254-35 22-23

DSI-4254-45 22-23

DSI-4252-C-12
(FOR GLASS DOOR)

24

DSI-4252-12
(FOR GLASS DOOR)

24

DSI-5250-12
(FOR GLASS DOOR)

24

DSI-3250-12
(FOR GLASS DOOR)

24

HH-P135 25

YK-70 25

YK-W100 25

HN 26

OP-150 26

RP 26

HR 27

HR-R 27

ST-80,100 27

ST-90,115 27
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60 (2-3/8”)A

12

50

10
0 

(3
-1

5/
16

”)

50

82
 (3

-7
/3

2”
)

Item No. C A

5
DSI-3250-35 39 (1-17/32") 35 (1-3/8")

DSI-3250-45 49 (1-15/16") 45 (1-3/4")

Item No. A

DSI-4251-35 35 (1-3/8")

6 DSI-4251-45 45 (1-3/4")

Item No. A

DSI-4253-35 35 (1-3/8")

7 DSI-4253-45 45 (1-3/4")

12
0 

(4
-1

1/
16

”)

55 (2-3/16”)

A

12
0 

(4
-1

1/
16

”)

55 (2-3/16”)

A

Item No. H D Y

1 DSI-4254-100-35 100 50 40

2 DSI-4254-200-35 200

85

110

3 DSI-4254-300-35 300 210

4 DSI-4254-500-35 500 410

Item No. H D Y

DSI-4254-100-45 100 50 40

( 1-3/8” )

( 1-3/4” )
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Item No

2 DSI-4252-12

Item No

1 DSI-4252-C-12

Item No

4 DSI-3250-12

Item No

3 DSI-5250-12

94 100

12.7 (1/2”)
16

10
0

15

60 2 2
12.7

(1/2”)

10
015

60 2 2
12.7

(1/2”)

50

94

12.7(1/2”)

16

10
015

60 2 2
12.7

(1/2”)

50
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Item No. L H D

1 HH-P135/CR
40 (1-9/16") 135 (5-5/16") 30 ~ 40

2 HH-P135/DC

Item No

4 YK-W100

Item No

3 YK-70
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D

(1
-2

1/
64

”)

0.5

Item No. L H D

1 HN-120SH  120 (4-23/32") 30 (1-3/16")  10 (25/64")

2 HN-150SH  150 (5-29/32") 35 (1-3/8")  12 (15/32")

3 HN-200SH  200 (7-7/8")
50 (1-31/32" )  13.2 (33/64")

4 HN-250SH  250 (9-27/32")

Item No. L H

5 OP-150 150 (5-29/32") 40 (1-37/64")

Item No. L D

6 RP-30 30 (1-3/16") 27.5

7 RP-37 36 (1-27/64") 31.5

8 RP-45 46 (1-13/16") 41

9 RP-60 60 (2-23/64") 53.5

10 RP-80 80 (3-5/32") 71
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Item No. L D E G

1 HR-  90  90 (3-35/64") 36
24 (15/16") 11

2 HR-110 110 (4-21/64") 42

3 HR-135 135 (5-5/16") 55 25 (63/64") 12

Item No. L H H1 B

6 ST-  80  80 ( 3-9/64" ) 18 25 18 (45/64")

7 ST-100  100 ( 3-15/16" ) 21 32 20 (25/32")

Item No. L L1 H H2 B B1

8 ST-  90 90 ( 3-35/64" ) 66.2 35.5 10.5 22 (55/64") 18.5
9 ST-115 115 ( 4-17/32" ) 86.2 42 13 25 (63/64") 20

Item No. L H D

4 HR-  90R  90 (3-35/64") 32 36
5 HR-110R 110 (4-21/64") 38 42
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HANDLES 

Picture Item No.
Center to 

Center
Page

16 SERIES
3-25/32”~
23-5/16” 32-33

27 SERIES 32-33

DIH 34

DSI-110 34

KBE-1036 35

KBE-1014 35

KBE-1010 35

70 SERIES 36

KBE-1035 36

30 SERIES 36

82 SERIES 36

26 SERIES 37

28 SERIES 37

KC-R 38

EK-R 38

DSI-120 39

FB 39

KB 40

KS 40

ECH 41

KC-S 41

EK-S 41

XL-JS 42

XL-JSR 42

FT-65,80,100 44

FT-110S 44

FT-120,150 44

FT-200,280 44

2LC 45

3LC 45

4LC 45

MG 46

US 46

KBE-1011 47

40 SERIES 47

KPH 47

KK-H 48

KK-M 48

XLA-HA 49

KAKU-A 49

936 SERIES 49

Picture Item No.
Center to 

Center
Page

XL-CU 42

XL-CUR
2-3/4”~
5-33/64”

42

EC 43

DL 43

DS 43
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RECESSED PULLS

Picture Item No. Page

HH-D 52

HH-DS 52

HH-K 52

HH-KS 52

HH-KP150 53

HH-KL160 53

HH-FB, HH-FC 53

UTZ-130 54

SD-160 54

UT 54

SP 54

HH-AS2 55

HH-AS3 55

ES-611 55

PULLS

Picture Item No. Page

DSI-350 58

SND 58

SN 58

CN 59

AG 59

RD 59

RD-55/SM, 90/SM 59

26700 60

26901 60

26900 60

980643 61

980641,980642 61

980640 61

587B

HANDLES

Picture Item No.
Center to 

Center
Page

KBE-1005 50

SAZ 50

EC-Y 50

EC-H 50

LX 51

LX-90/M,LX-110/M 51

DLB 51

FK-100-WW 51

Picture Item No. Page

XLA-HH 56

UP-600 56

3922 SERIES 56

3511,3512 SERIES 56

HCT-150 57

MUD-140 57

TMU-115 57

PT-148 57
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Picture Item No. Page

587 62

580 62

3261,3262 SERIES 62

 FH-100AK, FH-100BK 63

FH-100AM, FH-100BM 63

AOT35 64

DR 64

FS-04/S 64

FS-06/S 64

KNOBS

Picture Item No. Page

DSI-126D 65

GT-40CR 65

DG-BT 65

DG-BT2 65

TS 66

DJ-22 66

GLA 66

MRB 67

DW-50N 67

SY 67

PK-03 68

A SERIES 68

MKZ 68

Picture Item No. Page

KK-T 69

KK-B 69

RSS 70-71

DSI-209 70-71

EY-301 70-71

EY-327 70-71

EY-326 70-71

EY-339 70-71

EY-338 70-71

EY-207 70-71

EY-320 70-71

EY-127 70-71

RS-38 70-71

PULLS
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Item No. L C

11 1646 118 (4-41/64") 96 (3-25/32")

12 1647 150 (5-29/32") 128 (5-1/32")

13 1648 182 (7-5/32") 160 (6-5/16")

14 1650 214 (8-7/16")  192(7-9/16")

15 1651 314 (12-3/8") 292 (11-7/16")

16 1652 342 (13-15/32") 320 (12-9/16")

17 1653 364 (14-11/32") 342 (13-15/31")

18 1654 414 (16-5/16") 392 (15-7/16")

19 1655 514 (20-1/4") 492 (19-3/8")

20 1656 614 (24-5/32") 592 (23-5/16")

Item No. L C

1 27096 128 (5-1/32") 96 (3-25/32")

2 27128 160 (6-5/16") 128 (5-1/32")

3 27160 192 (7-9/16") 160 (6-5/16")

4 27192 224 (8-13/16") 192 (7-9/16")

5 27292 324 (12-3/4") 292 (11-7/16")

6 27320 352 (13-7/8") 320 (12-9/16")

7 27342 374 (14-3/4") 342 (13-15/32")

8 27392 424 (16-11/16") 392 (15-7/16")

9 27492 524 (20-5/8") 492 (19-3/8")

10 27592 624 (24-9/16") 592 (23-5/16")
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(9/16")

Item No. L C

7 DSI-110- 96 126 (4-31/32")  96 (3-25/32")

8 DSI-110-128 158 (6-7/32")  128 (5-1/32")

9 DSI-110-160 190 (7-15/32")  160 (6-5/16")

10 DSI-110-192  222 (8-3/4")  192 (7-9/16")

11 DSI-110-320 350 (13-25/32") 320 (12-19/32")

12 DSI-110-512 542 (21-11/32")  512 (20-5/32")

Item No. L C

1 DIH-096 110 (4-11/32")  96 (3-25/32")

2 DIH-128 142 (5-19/32")  128 (5-1/32")

3 DIH-192 206 (8-1/8")  192 (7-9/16")

4 DIH-342 356 (14-1/32")  342 (13-15/32")

5 DIH-492 506 (19-29/32")  492 (19-3/8")

6 DIH-592 606 (23-7/8")  592 (23-5/16")

C
A

B
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ET
  H

A
N

D
LES  [304 STA
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LESS ST

EEL] SA
T

IN
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ISH
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Item No. L C

10 KBE-1010-128 138 128 (5-1/32")

11 KBE-1010-160 170 160 (6-5/16")

12 KBE-1010-192 202 192 (7-9/16")

13 KBE-1010-292 302 292 (11-1/2")

14 KBE-1010-320 330 320 (12-19/32")

KBE-1010-492 502 492 (19-3/8")

Item No. L C

1 KBE-1036-160 196 160 (6-5/16")

2 KBE-1036-192 228 192 (7-9/16")

3 KBE-1036-320 356 320 (12-19/32")

4 KBE-1036-392 428 392 (15-7/16")

5 KBE-1036-492 528 492 (19-5/16")

6 KBE-1036-592 628 592 (23-3/8")

7 KBE-1036-792 828 792 (31-3/16")

Item No. L C

8 KBE-1014-160 185 160 (6-5/16")

9 KBE-1014-320 345 320 (12-19/32")

Material: 304 Stainless Steel
Zinc Alloy

Finish: Satin (S)

Material: 304 Stainless Steel
Zinc Alloy

Finish: Satin (S)

Material: 304 Stainless Steel
Zinc Alloy

Finish: Satin (S)
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Item No. L C

1 7013 160 (6-5/16")  96 (3-25/32")

2 7014 192 (7-9/16")  128 (5-1/32")

3 7015 224 (8-13/16")  160 (6-19/64")

4 7016 256 (10-5/64")  192 (7-9/16")

5 7017 288 (11-11/32")  224 (8-13/16")

6 7018 320 (12-19/32")  256 (10-5/64")

7 7020 384 (15-1/8")  320 (12-19/32")

Item No. L C

5 3096 118 (4-5/8")  96 (3-25/32")

6 3097 151 (5-15/16")  128 (5-1/32")

7 3098 189 (7-7/16")  160 (6-19/64")

8 3099 224 (8-13/16")  192 (7-9/16")

Item No. L C

1 8261 182 (7-3/16")  160 (6-19/64")

2 8262 214 (8-7/16")  192 (7-9/16")

3 8263 246 (9-11/16")  224 (8-13/16")

4 8264 342 (13-7/16")  320 (12-19/32")

8 (5/16")

Item No. L C

8 KBE-1035-160 240 (9-7/16") 160 (6-5/16")

9 KBE-1035-192 272 (10-11/16") 192 (6-19/64")

10 KBE-1035-292 372 (14-5/8") 292 (11-1/2")

11 KBE-1035-320 400 (15-3/4") 320 (12-19/32")

12 KBE-1035-392 472 (18-9/16") 392 (15-13/32")

13 KBE-1035-492 572 (22-1/2") 492 (19-3/8")
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(9/16")

Item No. L C
9 2646 160 96 (3-25/32")

10 2647 192 128 (5-1/32")

11 2650 256 192 (7-9/16")

12 2653 406 342 (13-15/32")

13 2655 556 492 (19-3/8")

14 2656 656 592 (23-5/16")

15 2658 1220 1156 (45-1/2")

16 2659 1456 1392 (54-13/16")

Item No. L C

1 28096 160 96 (3-25/32")

2 28128 192 128 (5-1/32")

3 28192 256 192 (7-9/16")

4 28342 406 342 (13-15/32")

5 28492 556 492 (19-3/8")

6 28592 656 592 (23-5/16")

7 281192 1256 1192 (46-59/64")

8 281392 1456 1392 (54-13/16")
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14
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Item No. C

9 EK-R635/M
88.9 (3-1/2")

10 EK-R635/S

11 EK-R640/M
101.6 (4")

12 EK-R640/S

13 EK-R650/M
127 (5")

14 EK-R650/S

15 EK-R660/M
152.4 ( 6" )

16 EK-R660/S

Item No. C

1 KC-R635/M
88.9 (3-1/2")

2 KC-R635/S

3 KC-R640/M
101.6 (4")

4 KC-R640/S

5 KC-R650/M
127 ( 5")

6 KC-R650/S

7 KC-R660/M
152.4 (6")

8 KC-R660/S
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30
(1-3/16”)

C

L

Item No. L C H B T

7 FB- 90 90 82 (3-7/32") 26 (1-1/32") 10.5 6

8 FB-110 110 102 (4-1/64") 28 (1-7/64") 12.5 7

9 FB-130 130 120 (4-23/32") 32 (1-17/64") 14.5 8

Item No. L C

1 DSI-120- 96 102  96 ( 3-25/32" )

2 DSI-120-128 134  128 ( 5-1/16" )

3 DSI-120-160 166  160 ( 6-5/16" )

4 DSI-120-192 196  192 ( 7-9/16" )

5 DSI-120-320 326  320 ( 12-19/32")

6 DSI-120-512 518  512 ( 20-5/32" )
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5

10

Item No. L C

9 KS-430/M
81 76 (3")

10 KS-430/S
11 KS-435/M

94 89 (3-1/2")
12 KS-435/S
13 KS-440/M

106 102 ( 4" )
14 KS-440/S

Item No. L C H

1 KB-30/M
30 25 (63/64") 23 (29/32")

2 KB-30/S

3 KB-50/M
50 45 (1-25/32") 22 (  7/8"  )

4 KB-50/S

5 KB-70/M
70 65 (2-9/16") 22.5 (57/64")

6 KB-70/S

7 KB-90/M
90 85 (3-11/32") 23 (29/32")

8 KB-90/S
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Item No. C

11 KC-S635/M KC-S635/S 88.9 (3-1/2")

12 KC-S640/M KC-S640/S 101.6 ( 4" )

13 KC-S650/M KC-S650/S 127 ( 5" )

14 KC-S660/M KC-S660/S 152.4 ( 6" )

Item No. C

15 EK-S635/M EK-S635/S 88.9 (3-1/2")

16 EK-S640/M EK-S640/S 101.6 (  4"  )

17 EK-S650/M EK-S650/S 127 (  5"  )

18 EK-S660/M EK-S660/S 152.4 (  6"  )

Item No. C H

1 ECH- 75/M
75 (2-61/64")

40 
(1-37/64")

2 ECH- 75/S

3 ECH-100/M
100 (3-15/16")

4 ECH-100/S

5 ECH-125/M
125 (4-59/64")

6 ECH-125/S

7 ECH-150/M 150 (5-29/32")

50 
(1-31/32")

8 ECH-200/M 200 (7-7/8")

9 ECH-250/M 250 (9-27/32")

10 ECH-300/M 300 (11-13/16")

(1
-3

/1
6"

)

12
(1/2")

(1
-3

/1
6"

)
12

(1/2")
(1

-1
7/

64
")

14
(9/16")

(1
-1

7/
64

")

14
(9/16")
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10 (3/8")

Item No. L C H

8 XL-CUR 80TT 80 (3-9/64") 70 (2-3/4")  30 (1-3/16")

9 XL-CUR100TT 100 (3-15/16") 90 (3-35/64")  32 (1-1/4")

10 XL-CUR120TT 120 (4-23/32") 110 (4-21/64")  34 (1-11/32")

11 XL-CUR150TT 150 (5-29/32") 140 (5-29/32")  36 (1-27/64")

Item No. L C H

1 XL-CU  80TT 82 (3-7/32”)  72 (2-27/32")  32 (1-17/64")

2 XL-CU100TT 102 (4”)  92 (3-5/8")  34 (1-11/32")

3 XL-CU120TT 122 (4-13/16”)  112 (4-13/32")  36 (1-27/64")

4 XL-CU150TT 152 (5-63/64”)  142 (5-19/32")  38 (1-1/2")

5 XL-CU180TT 182 (7-5/32”)  172 (6-25/32")  40 (1-37/64")

6 XL-CU220TT 222 (8-3/4”)  212 (8-11/32")  42 (1-42/64")

7 XL-CU300TT 302 (11-7/8”)  292 (11-1/2")  44 (1-47/64")

Item No. L C H

4 XL-JSR  40TT 38 (1-1/2") 32 (1-17/64") 27 (1-1/16")

5 XL-JSR  70TT 70 (2-3/4") 64 (2-33/64")

30 (1-3/16")6 XL-JSR100TT 102 (4") 96 (3-25/32")

7 XL-JSR135TT 134 (5-1/4") 128 (5-1/32")

Item No. L C H

1 XL-JS165TT 166 (6-17/32")  160 (6-19/64") 30 (1-3/16")

2 XL-JS260TT 260 (10-15/64")  254 (10") 33 (1-19/64")

3 XL-JS360TT 358 (14-3/32")  352 (13-55/64") 36 (1-27/64")
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Item No. L C H

1 EC-100/M EC-100/S 100 92 (3-5/8") 32

2 EC-120/M EC-120/S 120 112 (4-13/32") 34

3 EC-150/M EC-150/S 150 142 (5-19/32") 36

4 EC-180/M EC-180/S 180 172 (6-25/32") 37

Item No. L C H

10 DS-30/M DS-30/S 30 25 (63/64") 23

11 DS-50/M DS-50/S 50 45 (1-25/32") 22

12 DS-70/M DS-70/S 70 65 (2-9/16") 22.5

13 DS-90/M DS-90/S 90 85 (3-11/32") 23

Item No. L C H

5 DL- 70/M DL- 70/S 70 64 (2-33/64") 23

6 DL- 90/M DL- 90/S 90 84 (3-5/16") 23.5

7 DL-110/M DL-110/S 110 104 (4-3/32") 24

8 DL-130/M DL-130/S 130 124 (4-7/8") 24.5

9 DL-150/M DL-150/S 150 144 (5-43/64") 25
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Item No. L C H

1 FT-120 120  106 (4-11/64")  27 (1-1/16")

2 FT-150 150  132 (5-3/16")  33 (1-19/64")

Item No. L C H

1  FT- 65 65  57 (2-1/4")  16 (5/8")

2  FT- 80 80  72 (2-27/32")  20 (25/32")

3  FT-100 100  88 (3 -15/32")  25 (63/64")

Item No. L C H

4 FT-110S 124 110 (4-5/16") 26 (1-1/32")

Item No. L C H

3 FT-200 200  175 (6-57/64")  50 (1-31/32")

4 FT-280 280 253 (9-31/32")  62 (2-7/16")
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Item No. L C H

8  4LC- 82 82 (3-7/32")  64 (2-33/64")  36.5 (1-7/16")

9  4LC-114 114 (4-1/2")  96 (3-25/32")  40 (1-37/64")

10  4LC-150 150 (5-29/32")  128 (5-1/32")  45 (1-49/64")

11  4LC-180 180 (7-3/32")  160 (6-19/64")  48 (1-57/64")

Item No. L C H

5 3LC-120 120 (4-23/32")  105 (4-9/64") 30 (1-3/16")

6 3LC-130 130 (5-1/8")  115 (4-17/32") 33 (1-19/64")

7 3LC-145 145 (5-23/32")  125 (4-59/64") 34 (1-11/32")

Item No. L C H

1  2LC-80 80 (3-5/32")  64 (2-33/64")  35 (1-3/8")

2  2LC-120 120 (4-23/32")  96 (3-25/32")  36 (1-27/64")

3  2LC-150 150 (5-29/32")  128 (5-1/32")  42 (1-42/64")

4  2LC-180 180 (7-3/32")  160 (6-19/64")  45 (1-49/64")
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Item No. L C H

6 US-  70/M
70  54 (2-1/8") 28(1-7/64")

7 US-  70/S

8 US-120/M
120  102 (4-1/64") 32(1-17/64")

9 US-120/S

10 US-160/M
160  140 (5-33/64") 37.5(1-15/32")

11 US-160/S

Item No. L C H

1  MG-150 172.8 150 (5-29/32")  56 (2-13/64")

2  MG-190 216.7 190 (7-31/64")  63 (2-31/64")

3  MG-250 275.5 250 (9-27/32")  68 (2-43/64")

4  MG-230T 260 230 (9-1/16")  70 (2-3/4")

5  MG-300T 330  300 (11-13/16")  70 (2-3/4")
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35 (1-3/8”)

Item No. L C H

9 KPH-160 176 (6-15/16")  160 (6-19/64")
40 (1-37/64")

10 KPH-192 208 (8-3/16")  192 (7-9/16")

11 KPH-224 240 (9-7/16")  224 (8-13/16")

50 (1-31/32")12 KPH-256 272 (10-11/16")  256 (10-5/64")

13 KPH-288 304 (12")  288 (11-11/32")

Item No. L C

6 40128  138 (5-7/16") 128 (5-1/32")

7 40160  170 (6-11/16") 160 (6-5/16")

8 40192  202 (7-61/64") 192 (7-9/16")

15
(19/32”)

Item No. L C

1 KBE-1011-128 143 (5-5/8") 128 (5-1/32")

2 KBE-1011-160 175 (6-7/8") 160 (6-5/16")

3 KBE-1011-192 207 (8-1/8") 192 (7-9/16")

4 KBE-1011-320 335 (13-3/16") 320 (12-9/16")

5 KBE-1011-492 507 (20") 492 (19-3/8")



48 

H
A

N
D

LES, PU
LLS &

 KN
O

BS
C

A
B

IN
ET

 H
A

N
D

LES [ A
LU

M
IN

U
M

 ]

Item No. L C H

1 KK-H 80SNI
78

(3-1/16")
70

(2-3/4")
28

(1-3/32")2 KK-H 80SSG
3 KK-H 80SBR
4 KK-H110SNI

108
(4-1/4")

100
(3-15/16")

29
(1-9/64")5 KK-H110SSG

6 KK-H110SBR
7 KK-H130SNI

128
(5-1/32")

120
(4-23/32")

30
(1-3/16")8 KK-H130SSG

9 KK-H130SBR

Item No. L C H

10 KK-M 80SNI
80

(3-1/8")
70

(2-3/4")
28

(1-3/32")11 KK-M 80SSG
12 KK-M 80SBR
13 KK-M110SNI

110
(4-5/16")

100
(3-15/16")

29
(1-9/64")14 KK-M110SSG

15 KK-M110SBR
16 KK-M130SNI

130
(5-1/8")

120
(4-23/32")

30
(1-3/16")17 KK-M130SSG

18 KK-M130SBR
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Item No. L C H D

6 KAKU-A161 84 (3-5/16")  78 (3-1/16") 24 7

7 KAKU-A160 99 (3-29/32")  92 (3-5/8") 25 8

8 KAKU-A159 124 (4-7/8")  113 (4-7/16") 29 9

Item No. L C

9 936-  55-SCR 66.5 (2-5/8") 55 (2-11/64")

10 936-100-DC 112 (413/32") 100.5 (3-61/64")

Item No. L C

1  XLA-HA  96 109 (4-19/64")  96  (3-25/32")

2  XLA-HA128 141 (5-9/16")  128 (5-1/32")

3  XLA-HA192 205 (8-1/16")  192 (7-9/16")

4  XLA-HA256 269 (10-19/32")  256 (10-5/64")

5  XLA-HA320 333 (13-1/8")  320 (2-19/32")
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Item No. L C

2 SAZ-121 121 (4-3/4") 102 (4-1/64")

Item No. L C

1 KBE-1005-320 334 (13-1/8") 320 (12-19/32")

Item No. L C H

1 EC-Y-140 138 (5-7/16")  120 (4-23/32")  38 (1-1/2")

2 EC-Y-160 158 (6-7/32")  140 (5-33/64")  40 (1-37/64")

3 EC-Y-190 188 (7-13/32")  170 (6-11/16")  42 (1-42/64")

Item No. L C H

4 EC-H-135 135 (5-5/16") 115 (4-17/32") 40 (1-37/64")

5 EC-H-165 165 (6-1/2") 145 (5-45/64") 42 (1-21/32")
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Item No. L C

1 DLB-96/CR
102.2 (4") 96 (3-25/32")

2 DLB-96/PB

C

( 1
-1

/8
”)

Item No. L C

3 FK-100-WW 100 (3-15/16") Adjustable

L

C

Item No. L C

1 LX-110/SN 109 ( 4-19/64") 96 ( 3-25/32")

Item No L C R

2 LX- 90/M 89 76 (3") 53.5

3 LX-110/M 109 96 (3-25/32") 94

C
A

B
IN

ET
 H

A
N

D
LES 



Item No.

1 HH-KS 114M

3 HH-KS 114S

Item No.

4 HH-DS 114M

6 HH-DS 114S

Item No.

2 HH-K

Item No.

5 HH-D

52 
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Item No. (L1) (H1) H3

6 HH-FB-1/M 3 HH-FB-1/S
138 88 21

HH-FC-1/M HH-FC-1/S

7 HH-FB-2/M 4 HH-FB-2/S
109.5 64 14.5

HH-FC-2/M HH-FC-2/S

8 HH-FB-3/M 5 HH-FB-3/S
94 60 12

HH-FC-3/M HH-FC-3/S

Item No.

2 HH-KL160

Item No.

1 HH-KP150
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Item No.

3 UTZ-130/CR

4 UTZ-130/SN

5 UTZ-130/SB

Item No. L H D D1

6  UT- 75/S    75 ( 2-61/64" ) 36  7

15.5
7  UT-105/S   105 (4-1/8"   ) 40    7.5

8  UT-140/S   140 ( 5-33/64" ) 47    7.5

9    UT-105/PB   105 ( 4-1/8" ) 40   7.5

Item No.

1 SD-160/CR

2 SD-160/SN

Item No. L H D

10       SP-35/S  44 (1-47/64") 44 (1-47/64") 9.8

11       SP-38/S 47 (1-27/32") 47 (1-27/32")
10.3

12       SP-48/S 57 (2-1/4") 57 (2-1/4")

13       SP-35/PB 44 (1-47/64") 44 (1-47/64") 9.8

54 
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Item No.

1 ES-611/ET

ES-611/IT

ES-611/WO

Item No

3 HH-AS2

Item No

2 HH-AS3
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Copper M4 x 0.7

40



Item No. L

1 XLA-HH300   300 (  11-13/16" )

2 XLA-HH600   600 (  23-5/8"    )

Item No.

3 UP-600

Item No.

4  3922038/SN

5  3922400/CR

Item No.

6 3511038/SN

7 3511400/CR

8 3512038/SN

9 3512400/CR
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56 

2 11

30
(1

-3
/1

6"
)

2619
.5

26

Bore dimension

2 11

30
(1
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/1

6"
)

2619
.5

26

Bore dimension
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Item No. L H Load Capacity (kg)

4 TMU-115 115 100 40 (80 lbs)

Item No. L H Load Capacity (kg)

3 MUD-140 140 80 30 (66 lbs)

Item No. L H Load Capacity (kg)

1 HCT-150 150 96 100 (220 lbs)

Item No. L H Load Capacity (kg)

2 PT-148 119 90 50 (110 lbs)
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Item No. L H

17 SND-  50/M 50 (1-31/32")
 17 ( 43/64" )

18 SND-  70/M 70 (2-3/4")

19 SND-  95/M 95 (3-47/64")  18 ( 45/64" )

20 SND-120/M 120 (4-23/32")
 19 ( 3/4" )

21 SND-150/M 150 (5-29/32")

Item No. L

22 SN-  50/M 10 SN-  50/S  50 ( 1-31/32" )

23 SN-  70/M 11 SN-  70/S  70 ( 2-3/4" )

24 SN-  95/M 12 SN-  95/S  95 ( 3-47/64" )

25 SN-120/M 13 SN-120/S  120 ( 4-23/32" )

26 SN-150/M 14 SN-150/S  150 ( 5-29/32" )

27 SN-200/M 15 SN-200/S  200 ( 7-7/8" )

28 SN-300/M 16 SN-300/S  300 ( 11-13/16")

Item No. L

1  DSI-350-16 32 (1-1/4")

2 DSI-350-64 96 (3-25/32")

3 DSI-350-96 128 (5-1/16")

4 DSI-350-128 160 (6-5/16")

5 DSI-350-160 192 (7-9/16")

6 DSI-350-192 224 (8-13/16")

7 DSI-350-224 256 (10-1/16")

8 DSI-350-256 352 (13-7/8")

9 DSI-350-352 544 (21-7/16")
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3.7,   7.5
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Item No. L H D C

8 RD-55/SM 55 ( 2-11/64" ) 23    (  29/32" ) 9.5 42 ( 1-21/32" )

9 RD-90/SM 90 ( 3-35/64" ) 25.5 ( 1-1/64" ) 10.5 74 ( 2-29/32" )

Item No. L H D C

5 RD-45 45 ( 1-25/35" ) 19    (    3/4"   ) 8 32 ( 1-17/64" )

6 RD-55 55 (  2-5/35" ) 23    ( 29/32"  ) 9.5 42 ( 1-21/32" )

7 RD-90 90 ( 3-35/64" ) 25.5 ( 1-1/64") 10.5 74 ( 2-29/32" )

Item No L H D

3 AG-A405 46 ( 1-13/16" )
18 30

4 AG-A402 90 (  3-9/16" )

Item No L H D

1 CN-A362 106 (4-3/16" ) 36 22

2 CN-A360 137 (  5-3/8" ) 36 22
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Item No. L H

1 26700 76 (2-63/64") 57 (2-1/4")

Item No. L H

3 26900 38 (1-1/2") 47.5 (1-7/8")

Item No. L H

2 26901 44 (1-47/64") 62.5 (2-15/32")
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Item No.
1 980643

Item No. L
4 980640 50 (1-31/32")

Item No. L1 H1

2 980641 38 (1-1/2") 44 (1-23/32")
3 980642 50 (1-31/32") 60 (2-23/64")
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Item No.

13 580-WB

14 580-SB

Item No. L H D

10  587-40WB 4  587-40SB 30.5 40.3 13.6

11  587-50WB 5  587-50SB 38 51 14

12  587-60WB 6  587-60SB 47.5 60 15.5

Item No. L H

15 3261500/SN 80 35

16 3262200/SN 36 37

Item No. L H D

7 587B-40WB 1 587B-40SB 30.5 40.3 11

8 587B-50WB 2 587B-50SB 38 51 12.7

9 587B-60WB 3 587B-60SB 47.5 60 13
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Item No.

1 FH-100AK-00

FH-100BK-00

Item No.

2 FH-100AM-00

FH-100BM-00
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Item No. L P

1 AOT35-180 180 (7-3/32")
160

(6-5/16")2 AOT35-340 340  (13-3/8")

3 AOT35-500 500 (19-11/16")

Item No. L H

8 FS-04/S 50 (1-31/32") 27 (1-1/16")

Item No. H D

9 FS-06/S 25 (63/64") 16 (5/8")

Item No. L H B D

4 DR-S/S  24.5 ( 31/32" ) 25 ( 63/64" ) 16.5 5.5

5 DR-L/S 30.5 (1-13/64" ) 31.5 ( 1-15/64") 20.5 6.5

6 DR-S/M  24.5 ( 31/32" ) 25 ( 63/64" ) 16.5 5.5

7 DR-L/M 30.5 (1-13/64" ) 31.5 ( 1-15/64") 20.5 6.5
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Item No. D D1 L Glass Thickness (mm)

5 DG-BT30-CR 32
(1-1/4") 23.5 26.5

8~12
(5/16"~1/2")

6 DG-BT30-SC

7 DG-BT40-CR 40
(1-9/16") 26 34.5

8 DG-BT40-SC

Item No. L D Glass Thickness (mm)

9 DSI-126D 35 30 8~12 (5/16"~1/2")

Item No. D L Glass Thickness 
(mm)

1 DG-BT2/30-CR 32
(1-1/4") 23.5

8~12
(5/16"~1/2")

2 DG-BT2/30-SC

3 DG-BT2/40-CR 40
(1-9/16") 34.5

4 DG-BT2/40-SC
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Item No. D H T

5 GLA-12  12 ( 15/32" )  18 ( 45/64" )    8.5 (21/64" )

6 GLA-16  16 ( 5/8" )  22 ( 55/64" )     11 ( 7/16"  )

7 GLA-20  20 ( 25/32" )  25 ( 63/64" )     14 ( 11/64" )

Item No. D1 D2 H t

1 TS-25 25
 14.5 23 6.7

2 TS-30 30

3 TS-36 36  15 24 7.5

Item No. L H

4 DJ-22 30 22
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Item No. D H

4 SY-16 16 (5/8") 15 (19/32")

5 SY-22 22 (7/8") 17 (43/64")

Item No. D H

1 MRB-S 18 (45/64")
21 (53/64")

2 MRB-L* 24 (15/16")

Item No.

3 DW-50N
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Item No. D B H h

7 MKZ-S 15 15 (19/32") 20 13.5

8 MKZ-L 21 20 (25/32") 26 17

Item No. D1 H D2

3 A-861  20 ( 25/32" ) 18  (45/64") 10

4 A-862  25 ( 63/64" ) 18.5(47/64") 11

5 A-863  30 ( 1-3/16" )
19 (3/4")

12

6 A-864  35 ( 1-3/8" ) 13

Item No. D H

1 PK-03/CR
31 19

2 PK-03/BN
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Item No. D D1 H

7  KK-B20SNI
20

(25/32") 13 26
(1-1/32")8  KK-B20SSG

9  KK-B20SBR

10  KK-B25SNI
25

(63/64") 16 30
(1-3/16")11  KK-B25SSG

12  KK-B25 SBR

Item No. D D1 H h

1  KK-T24SNI
24

(15/16") 16 23
(29/32") 1.52  KK-T24SSG

3  KK-T24SBR

4  KK-T28SNI
28

(1-3/32") 20 26
(1-1/32") 25  KK-T28SSG

6  KK-T28SBR

69

H
A

N
D

LES, PU
LLS &

 KN
O

BS
C

A
B

IN
ET

 K
N

O
B

S [A
LU

M
IN

U
M

]
            Finish: Nickel (NI)

Satin Gold (SG)

Brown (BR)

            Finish: Nickel (NI)

Satin Gold (SG)

Brown (BR)
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Item No. A B

1 RSS-25/M
22 ( 55/64") 25 ( 63/64")

1 RSS-25/S

2 RSS-30/M
23 ( 29/32") 30 ( 1-3/16")

2 RSS-30/S

3 RSS-38/M
27 ( 1-1/16") 38 ( 1-1/2")

3 RSS-38/S

4 RSS-50/M
34 ( 1-11/32") 50 ( 1-31/32")

4 RSS-50/S

Item No. D L

5 DSI-209-12 12 (15/32") 20(13/16")

6 DSI-209-16 16 (  5/8"  ) 26( 1" )

7 DSI-209-20 20 (25/32" ) 28(1-3/32")

8 DSI-209-24 24 (15/16") 29(1-3/16")

9 DSI-209-29 29 (1-1/8") 35(1-3/8")

Item No. D L

10 EY-301/10 10 (3/8") 24 (15/16"  )

11 EY-301/15 15 (9/16") 26 (1-1/32" )

12 EY-301/20 20 ( 3/4") 28( 1-1/8"  )

13 EY-301/25 25 ( 1" ) 30 (1-3/16")

14 EY-301/30 30( 1-3/16") 28 (1-5/16")

Item No. D L

17 EY-326/20 20 (3/4") 33(1-19/64")

18 EY-326/25 25 ( 1" ) 35.5(1-25/64")

Item No. D L

19 EY-339/20 20 (3/4") 37.5

20 EY-339/25 25 (  1" ) 41.5

Item No.

24 EY-320

Item No.

23 EY-207

Item No. D L

21 EY-338/20 20 (3/4") 26

22 EY-338/25 25 ( 1" ) 32

Item No. D L

15 EY-327/20 20 (3/4") 33(1-19/64")

16 EY-327/25 25 ( 1" ) 35.5(1-25/64")

Item No.

26 RS-38/S

Item No.

25 EY-127/30
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2 11

30
(1

-3
/1

6"
)

2619
.5

26

Bore dimension

3512 SERIES3511 SERIES

XLA-HH300 XLA-HH600
A 100 200
B 50 150
C 296 596
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XLA-HH300 XLA-HH600
A 100 200
B 50 150
C 296 596
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1" 2" 3" 4" 5" 6" 7" 8" 9" 10" 11" 12"

0/0 0.0 25.4 50.8 76.2 101.6 127.0 152.4 177.8 203.2 228.6 254.0 279.4 304.8

1/64 0.4 25.8 51.2 76.6 102.0 127.4 152.8 178.2 203.6 229.0 254.4 279.8 305.2

1/32 0.8 26.2 51.6 77.0 102.4 127.8 153.2 178.6 204.0 229.4 254.8 280.2 305.6

3/64 1.2 26.6 52.0 77.4 102.8 128.2 153.6 179.0 204.4 229.8 255.2 280.6 306.0

1/16 1.6 27.0 52.4 77.8 103.2 128.6 154.0 179.4 204.8 230.2 255.6 281.0 306.4

5/64 2.0 27.4 52.8 78.2 103.6 129.0 154.4 179.8 205.2 230.6 256.0 281.4 306.8

3/32 2.4 27.8 53.2 78.6 104.0 129.4 154.8 180.2 205.6 231.0 256.4 281.8 307.2

7/64 2.8 28.2 53.6 79.0 104.4 129.8 155.2 180.6 206.0 231.4 256.8 282.2 307.6

1/8 3.2 28.6 54.0 79.4 104.8 130.2 155.6 181.0 206.4 231.8 257.2 282.6 308.0

9/64 3.6 29.0 54.4 79.8 105.2 130.6 156.0 181.4 206.8 232.2 257.6 283.0 308.4

5/32 4.0 29.4 54.8 80.2 105.6 131.0 156.4 181.8 207.2 232.6 258.0 283.4 308.8

11/64 4.4 29.8 55.2 80.6 106.0 131.4 156.8 182.2 207.6 233.0 258.4 283.8 309.2

3/16 4.8 30.2 55.6 81.0 106.4 131.8 157.2 182.6 208.0 233.4 258.8 284.2 309.6

13/64 5.2 30.6 56.0 81.4 106.8 132.2 157.6 183.0 208.4 233.8 259.2 284.6 310.0

7/32 5.6 31.0 56.4 81.8 107.2 132.6 158.0 183.4 208.8 234.2 259.6 285.0 310.4

15/64 6.0 31.4 56.8 82.2 107.6 133.0 158.4 183.8 209.2 234.6 260.0 285.4 310.8

1/4 6.4 31.8 57.2 82.5 108.0 133.4 158.8 184.2 209.6 235.0 260.4 285.8 311.2

17/64 6.7 32.1 57.5 82.9 108.3 133.7 159.1 184.5 209.9 235.3 260.7 286.1 311.5

9/32 7.1 32.5 57.9 83.3 108.7 134.1 159.5 184.9 210.3 235.7 261.1 286.5 311.9

19/64 7.5 32.9 58.3 83.7 109.1 134.5 159.9 185.3 210.7 236.1 261.5 286.9 312.3

5/16 7.9 33.3 58.7 84.1 109.5 134.9 160.3 185.7 211.1 236.5 261.9 287.3 312.7

21/64 8.3 33.7 59.1 84.5 109.9 135.3 160.7 186.1 211.5 236.9 262.3 287.7 313.1

11/32 8.7 34.1 59.5 84.9 110.3 135.7 161.1 186.5 211.9 237.3 262.7 288.1 313.5

23/64 9.1 34.5 59.9 85.3 110.7 136.1 161.5 186.9 212.3 237.7 263.1 288.5 313.9

3/8 9.5 34.9 60.3 85.7 111.1 136.5 161.9 187.3 212.7 238.1 263.5 288.9 314.3

25/64 9.9 35.3 60.7 86.1 111.5 136.9 162.3 187.7 213.1 238.5 263.9 289.3 314.7

13/32 10.3 35.7 61.1 86.5 111.9 137.3 162.7 188.1 213.5 238.9 264.3 289.7 315.1

27/64 10.7 36.1 61.5 86.9 112.3 137.7 163.1 188.5 213.9 239.3 264.7 290.1 315.5

7/16 11.1 36.5 61.9 87.3 112.7 138.1 163.5 188.9 214.3 239.7 265.1 290.5 315.9

29/64 11.5 36.9 62.3 87.7 113.1 138.5 163.9 189.3 214.7 240.1 265.5 290.9 316.3

15/32 11.9 37.3 62.7 88.1 113.5 138.9 164.3 189.7 215.1 240.5 265.9 291.3 316.7

31/64 12.3 37.7 63.1 88.5 113.9 139.3 164.7 190.1 215.5 240.9 266.3 291.7 317.1

1/2 12.7 38.1 63.5 88.9 114.3 139.7 165.1 190.5 215.9 241.3 266.7 292.1 317.5

33/64 13.1 38.5 63.9 89.3 114.7 140.1 165.5 190.9 216.3 241.7 267.1 292.5 317.9

17/32 13.5 38.9 64.3 89.7 115.1 140.5 165.9 191.3 216.7 242.1 267.5 292.9 318.3

35/64 13.9 39.3 64.7 90.1 115.5 140.9 166.3 191.7 217.1 242.5 267.9 293.3 318.7

9/16 14.3 39.7 65.1 90.5 115.9 141.3 166.7 192.1 217.5 242.9 268.3 293.7 319.1

37/64 14.7 40.1 65.5 90.9 116.3 141.7 167.1 192.5 217.9 243.3 268.7 294.1 319.5

19/32 15.1 40.5 65.9 91.3 116.7 142.1 167.5 192.9 218.3 243.7 269.1 294.5 319.9

39/64 15.5 40.9 66.3 91.7 117.1 142.5 167.9 193.3 218.7 244.1 269.5 294.9 320.3

5/8 15.9 41.3 66.7 92.1 117.5 142.9 168.3 193.7 219.1 244.5 269.9 295.3 320.7

41/64 16.3 41.7 67.1 92.5 117.9 143.3 168.7 194.1 219.5 244.9 270.3 295.7 321.1

21/32 16.7 42.1 67.5 92.9 118.3 143.7 169.1 194.5 219.9 245.3 270.7 296.1 321.5

43/64 17.1 42.5 67.9 93.3 118.7 144.1 169.5 194.9 220.3 245.7 271.1 296.5 321.9

11/16 17.5 42.9 68.3 93.7 119.1 144.5 169.9 195.3 220.7 246.1 271.5 296.9 322.3

45/64 17.9 43.3 68.7 94.1 119.5 144.9 170.3 195.7 221.1 246.5 271.9 297.3 322.7

23/32 18.3 43.7 69.1 94.5 119.9 145.3 170.7 196.1 221.5 246.9 272.3 297.7 323.1

47/64 18.7 44.1 69.5 94.9 120.3 145.7 171.1 196.5 221.9 247.3 272.7 298.1 323.5

3/4 19.1 44.5 69.9 95.2 120.7 146.1 171.5 196.9 222.3 247.7 273.1 298.5 323.9

49/64 19.4 44.8 70.2 95.6 121.0 146.4 171.8 197.2 222.6 248.0 273.4 298.8 324.2

25/32 19.8 45.2 70.6 96.0 121.4 146.8 172.2 197.6 223.0 248.4 273.8 299.2 324.6

51/64 20.2 45.6 71.0 96.4 121.8 147.2 172.6 198.0 223.4 248.8 274.2 299.6 325.0

13/16 20.6 46.0 71.4 96.8 122.2 147.6 173.0 198.4 223.8 249.2 274.6 300.0 325.4

53/64 21.0 46.4 71.8 97.2 122.6 148.0 173.4 198.8 224.2 249.6 275.0 300.4 325.8

27/32 21.4 46.8 72.2 97.6 123.0 148.4 173.8 199.2 224.6 250.0 275.4 300.8 326.2

55/64 21.8 47.2 72.6 98.0 123.4 148.8 174.2 199.6 225.0 250.4 275.8 301.2 326.6

7/8 22.2 47.6 73.0 98.4 123.8 149.2 174.6 200.0 225.4 250.8 276.2 301.6 327.0

57/64 22.6 48.0 73.4 98.8 124.2 149.6 175.0 200.4 225.8 251.2 276.6 302.0 327.4

29/32 23.0 48.4 73.8 99.2 124.6 150.0 175.4 200.8 226.2 251.6 277.0 302.4 327.8

59/64 23.4 48.8 74.2 99.6 125.0 150.4 175.8 201.2 226.6 252.0 277.4 302.8 328.2

15/16 23.8 49.2 74.6 100.0 125.4 150.8 176.2 201.6 227.0 252.4 277.8 303.2 328.6

61/64 24.2 49.6 75.0 100.4 125.8 151.2 176.6 202.0 227.4 252.8 278.2 303.6 329.0

31/32 24.6 50.0 75.4 100.8 126.2 151.6 177.0 202.4 227.8 253.2 278.6 304.0 329.4

63/64 25.0 50.4 75.8 101.2 126.6 152.0 177.4 202.8 228.2 253.6 279.0 304.4 329.8

Metric to Inch
ConversionInch to Metric Conversion table

mm Inches

0.1 0.0039

0.2 0.0079

0.3 0.0118

0.4 0.0157

0.5 0.0197

0.6 0.0236

0.7 0.0276

0.8 0.0315

0.9 0.0354

1 0.0394

2 0.0787

3 0.1181

4 0.1575

5 0.1969

6 0.2362

7 0.2756

8 0.3150

9 0.3543

10 0.3937

11 0.4331

12 0.4724

13 0.5118

14 0.5512

15 0.5906

16 0.6299

17 0.6693

18 0.7087

19 0.7480

20 0.7874

21 0.8268

22 0.8661

23 0.9055

24 0.9449

25 0.9843

26 1.0236

27 1.0630

28 1.1024

29 1.1417

30 1.1811

31 1.2205

32 1.2598

33 1.2992

34 1.3386

35 1.3780

36 1.4173

37 1.4567

38 1.4961

39 1.5354

40 1.5748

41 1.6142

42 1.6535

43 1.6929

44 1.7323

45 1.7717

46 1.8110

47 1.8504

48 1.8898

49 1.9291

50 1.9685

51 2.0079

52 2.0472

53 2.0866

54 2.1260

55 2.1654
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Inch

Metric

LENGTH

WEIGHT

MOMENT

TEMPERATURE

FORCE

inch = mm ÷ 25.4
mm = inch x 25.4

lb = kg x 2.205
kg = lb ÷ 2.205

lbf = kgf x 2.205
kgf = lbf ÷ 2.205

lbs • in = kgf • cm x 0.868
kgf • cm = lbs • in ÷ 0.868

°C =  ( °F - 32 ) x 5 ÷ 9
°F =  °C ÷ 5 x 9 + 32

*All tools and figures are for reference only.

cm mm inch feet

1 10 0.394 0.0328

0.1 1 0.0394 0.00328

2.54 25.4 1 0.083

30.48 304.8 12 1

g kg oz lb

1 0.001 0.0353 0.0022

1000 1 35.27 2.205

28.4 0.0284 1 0.0625

453.6 0.454 16 1

N kgf lbf

1 0.10197 0.225

9.807 1 2.205

4.448 0.454 1

N • m kgf • cm lbs • in

1 10.197 8.85

0.0981 1 0.868

0.113 1.152 1

°C °F

0 32

-17.77 0

Measurement Conversions

N = kgf x 9.807
kgf = N ÷ 9.807

N • m = kgf • cm x 0.0981
kgf • cm = N • m ÷ 0.0981



DOOR HANDLES
DOOR KNOBS
DOOR SYSTEMS
SOFT CLOSING MECHANISM
CABINET HANDLES
LID SUPPORTS
HINGES
DOOR ACCESORIES
CABINET HANDLES
SHELVING SYSTEM
SHELF STANDARD
HOOKS & BRACKETS
CLOSET HARDWARE
GLASS HARDWARE
CATCHES & LATCHES
DRAWER SLIDES
LEVELING GLIDES
CASTERS
MILLION LOCK SERIES
BATHROOM ACCESORIES
SLIDING DOOR HARDWARE
CLOSET HARDWARE

Sugatsune America, Inc.
U.S. Headquarters:
18101 Savarona Way
Carson, CA 90746
Phone:  310.329.6373
Toll Free:  800.562.5267 (U.S.A. only)
Fax:  310.329.0819
E-mail:  sales@sugatsune.com

Chicago Showroom / Sales Office:
850 South Wabash Avenue #300
Chicago, IL 60605
Phone:  312.461.1081
Fax:  312.461.1082
E-Mail:  chicagoshowroom@sugatsune.com




